DURHAM MFG
Est. 1922

HEAVY DUTY WORKBENCHES WITH
4,000 & 12,000 LBS. CAPACITIES

HDWB-3660-95 HDWB-3660-177-95
Model Overall Dim: WxDxH (in.) Overall Capacity (Ibs.) Ship Wt.
DWB-3048-95 48 x 30 x 34 4,000 176 Ibs.
DWB-3672-95 72 x36x 34 4,000 248 Ibs.
HDWB-3048-95 48 x 30 x 34 12,000 232 Ibs.
HDWB-3660-95 60 x 36 x 34 12,000 282 |bs.
HDWB-3672-95 72 x 36 x 34 12,000 338 Ibs.

WORKBENCHES INCLUDING DRAWER (12-1/2” x 19-5/16” x 5”)

DWB-3048-177-95 48 x 30 x 34 4,000 200 Ibs.
DWB-3672-177-95 72x36x 34 4,000 260 Ibs.
HDWB-3048-177-95 48 x 30 x 34 12,000 252 |bs.
HDWB-3660-177-95 60 x 36 x 34 12,000 302 Ibs.
HDWB-3672-177-95 72 x36x 34 12,000 358 Ibs.

* HDWB Models are all welded, heavy duty construction with
3/16” thick steel plate work surface, 7 gauge support
gussets, angle iron stiffeners under work surface &

27 x 2" x 1/4” angle iron legs. Provides 12,000 Ibs. capacity

* DWB models have all welded, heavy duty construction with
12 gauge thick steel plate work surface, 7 gauge support
gussets, angle iron stiffeners under work surface &

2”7 x 2"x 1/4” angle iron legs. Provides 4,000 Ibs. capacity

FOB TX

Lower shelf is included for more storage space for supplies;
shelf holds up to 500 Ibs. capacity

Footpads with 5/8” diameter anchor hole providing the ability
to lag unit to the floor

Environmentally friendly, durable, gray powder coat finish.
Four times thicker than wet paint; resistant to corrosion & rust
Perfect for heavy weight bearing jobs in garages, maintenance
areas, tool rooms.



